
WPLD   

Low profile LED Wraparound

D E S C R I P T I O N

WPLD series is a versatile LED wraparound series with a streamlined low 
profile design that displays uniform, soft light at up to 60% energy savings 
over fluorescent light sources. Mounting slots allow for installation directly 
into the junction box with 100˚ of rotational freedom. Available features 
include suspension mount with optional mounting kit, 93 CRI, dimming to 
10%, and efficacy up to 114 lumens per watt. 

The WPLD series is an excellent choice for light commercial, retail or 
residential applications. Ideal for new construction or simple fluorescent 
replacement in basements, kitchens, home office, garages, or bonus rooms.

Construction
Housing consists of cold rolled 
steel with emboss for extra rigidity. 
Post painted with reflective, baked-
on white enamel using pretreated 
metal to ensure maximum 
adhesion. High-impact plastic end 
caps provide an improved aesthetic 
finish.

Shie ld ing
Smooth white lens provides 
uniform, glare-free output up to 
4600 lumens. Equivalent to a 
2-lamp fluorescent T8 wrap.

Insta l la t ion
Mounting slots for easy wire 
connection within junction box. 
Suitable for single surface or 
suspension mount applications. 

Electr ica l
Long-Life LED and driver 
electrical system delivers superior 
performance and efficacy up to 115 
lm/W. Optional 93 CRI LED’s in 
3000K or 4000K for more accurate 
color rendering. The WPLD series 
offers 10-100% Phase cut or 0-10V 
dimming.

Compl iance
cULus 1598 listed for damp 
locations. Energy Star Certified 
for 120V versions. Meets FCC 
part 15 class B requirements.  
Complies with IESNA LM-79 
and LM-80 standards. RoHS 
compliant. DesignLights 
Consortium® Qualified and 
classified for DLC Standard, 
refer to www.designlights.org 
for details. Suitable for use in 
clothes closets when installed 
in accordance with the NEC 
410.16 spacing requirements.

Warranty
Five-year comprehensive fixture 
warranty. Projected LED life of 
50,000 hours at 70% lumen 
output.

SPECIF ICATION FEATURES
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Weight 3.4 5.8

Low Temp 
Start

-20C -20C

Catalog # Type 

Date 

Project 

Comments 

Prepared by 

2'

2-3/32"
[53mm]

24-7/16" [621mm]



W P L D

PS519208EN
2-6-2018

Specifications and 
dimensions subject to 
change without notice.

Eaton 
1121 Highway 74 South
Peachtree City, GA 30269
P: 770-486-4800
www.eaton.com/lighting

P H O T O M E T R I C S

4WPLD4035C

Electronic Driver

Linear LED 3500K

Spacing criterion:    
(II) 1.23 x mounting 
height, (⊥) 1.23 x 
mounting height

Lumens: 4460

Input Watts: 39W

Efficacy: 113 lm/W

Test Report:  
4WPLD4035C.IES
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C a n d l e p owe r

Angle Along II 45° Across ⊥

1546  1546  1546
1555  1544  1531
1530  1522  1508
1489  1484  1473
1433  1431  1420
1360  1366  1356
1278  1288  1281
1185  1199  1198
1086  1105  1109
980  1002  1009
870  893  909
757  782  800
637  667  690
514  549  577
386  430  468
262  317  363
142  213  269
45  128  183
0  66  116

C o e f f i c i e n t s  o f  U t i l i z a t i o n

Effective floor cavity reflectance       20%

rc 80% 70% 50% 30% 10% 0%
rw 70 50 30 10 70 50 30 10 50 30 10 50 30 10 50 30 10   0
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119  119  119  119  116  116  116  116  111  111  111  106  106 106  101  101  101 99
108  103 98 94  105  100  96  93  96  93  90 92 89 87 88 86 84  82
98  89  82  76  95  87  81  75  84  78  73 80 76 72  77  73  70  68
89  78 70  63  87  77  69  63  74  67  61  71  65  60  68  63  59  57
82  69  60  54  79  68  60  53  65  58  52  63  57  51  61 55 51  48
75  62  53  46  73  61  52  46  59  51  45  56  50  45  54  49  44  42
69  56  47  40  67  55  46  40  53  45  40  51  44  39  49  43  39  37
64  51  42  35  62  50  41  35  48  40  35  47  40  35  45  39  34  32
60  46  38  32  58  45  37  32  44  37  31  43  36  31  41  35  31  29
56  42  34  28 54 42 34  28  40  33  28  39  33  28  38  32  28  26
52  39  31  26  51  39  31  26  37  30  26  36  30  25  35  30  25  23

Z o n a l  L u m e n  S u m m a r y

Zone Lumens % Fixture
0-30

0-40

0-60

0-90

0-180

1189 26.7

1935 43.4

3400 76.2

4414 99.0

4460 100.0

L u m i n a n c e  Da t a

Angle
in Deg

Average
0-Deg
cd/sm

Average
45-Deg
cd/sm

Average
90-Deg
cd/sm

45
55
65
75
85

12206 10702 10287
11511 9629 9262
10440 8277 8010
8394 6413 6539
3676 4125 4905

4WPLD2340R

Electronic Driver

Linear LED 4000K

Spacing criterion:    
(II) 1.22 x mounting 
height, (⊥) 1.24 x 
mounting height

Lumens: 2639

Input Watts: 24W

Efficacy: 110 lm/W

Test Report:  
4WPLD2340R.IES
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C a n d l e p owe r

Angle Along II 45° Across ⊥

922  922  922
926  917  916
911  905  903
886  882  882
851  851  852
809  811  812
758  765  767
703  713  718
643  656  663
582  596  604
517  531  542
451  465  478
380  395  411
308  324  343
232  253  276
155  183  210
85  122  153
26  71  102
0  35  63

C o e f f i c i e n t s  o f  U t i l i z a t i o n

Effective floor cavity reflectance       20%

rc 80% 70% 50% 30% 10% 0%
rw 70 50 30 10 70 50 30 10 50 30 10 50 30 10 50 30 10   0
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119 119 119 119 116 116 116 116 111 111 111 106 106 106 101 101 101 99
108 103 99 95 105 101 97 93 96 93 90 92 89 87 88 86 84 82
98 90 83 77 95 88 81 76 84 78 74 80 76 72 77 73 70 68
89 79 70 64 87 77 69 63 74 67 62 71 65 60 68 63 59 57
82 70 61 54 79 68 60 53 65 58 53 63 57 52 61 55 51 49
75 62 53 46 73 61 52 46 59 51 45 57 50 45 55 49 44 42
69 56 47 40 67 55 46 40 53 45 40 51 44 39 50 44 39 37
64 51 42 36 63 50 41 35 48 41 35 47 40 35 45 39 34 32
60 46 38 32 58 46 37 32 44 37 31 43 36 31 42 35 31 29
56 42 34 29 54 42 34 29 41 33 28 39 33 28 38 32 28 26
52 39 31 26 51 39 31 26 38 31 26 37 30 26 36 30 25 24

Z o n a l  L u m e n  S u m m a r y

Zone Lumens % Fixture
0-30

0-40

0-60

0-90

0-180

708 26.8

1152 43.6

2022 76.6

2615 99.1

2639 100.0

L u m i n a n c e  Da t a

Angle
in Deg

Average
0-Deg
cd/sm

Average
45-Deg
cd/sm

Average
90-Deg
cd/sm

45
55
65
75
85

7249 6366 6158
6858 5726 5534
6256 4885 4761
4966 3702 3783
2124 2288 2734
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2WPLD2035C

Electronic Driver

Linear LED 3500K

Spacing criterion:    
(II) 1.23 x mounting 
height, (⊥) 1.23 x 
mounting height

Lumens: 2476

Input Watts: 22W

Efficacy: 113.6 lm/W

Test Report:  
2WPLD2035C.IES
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C a n d l e p owe r

Angle Along II 45° Across ⊥

860  860  860
860  858  850
846  845  835
824  824  818
794  794  790
755  755  752
710  711  712
659  661  666
606  609  617
547  552  562
486  493  506
421  430  447
353  367  386
283  301  324
212  237  263
142  174  203
77  118  150
24  71  104
0  37  66

C o e f f i c i e n t s  o f  U t i l i z a t i o n

Effective floor cavity reflectance       20%

rc 80% 70% 50% 30% 10% 0%
rw 70 50 30 10 70 50 30 10 50 30 10 50 30 10 50 30 10   0

RCR
0
1
2
3
4
5
6
7
8
9

10

119  119  119  119  116  116  116  116  111  111  111  106  106  106  101  101  101  99
108  103  98  94  105  100  96  93  96  93 90 92 89 87 88 86 84  82
98  89  82  76  95  87  81  75  84  78  73  80  76  72  77  73  70  68
89  78  70  63  87  77  69  63  74  67  61 71  65  60  68  63  59  57
82  69  60  54  79  68  60  53  65  58  52  63  57  51  61  55  51  48
75  62  53  46  73  61  52  46  59  51  45  56  50  45  54  49  44  42
69  56  47  40  67  55  46  40  53  45  40  51  44  39  49  43  39  37
64  51  42  36  62  50  41 35 48  41  35  47  40  35  45  39  34  32
60  46  38  32 58 45  37  32  44  37  31  43  36  31  41  35  31  29
56  42  34  29  54  42  34  28  41  33  28  39  33  28  38  32  28  26
52  39  31  26  51  39  31 26 37  30  26  36  30 25 36  30  25  23

Z o n a l  L u m e n  S u m m a r y

Zone Lumens % Fixture
0-30

0-40

0-60

0-90

0-180

661 26.7

1075 43.4

1889 76.3

2450 98.9

2476 100.0

L u m i n a n c e  Da t a

Angle
in Deg

Average
0-Deg
cd/sm

Average
45-Deg
cd/sm

Average
90-Deg
cd/sm

45
55
65
75
85

11990 10449 10266
11185 9350 9272
9925 7973 8058
7666 6134 6551
3012 3918 4995
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O R D E R I N G  I N F O R M A T I O N

Input current (A)

Catalog # UPC
CCT 
(K)

CRI 
(Min)

Delivered 
lumens Watts

Efficacy 
lm/W)

Dimming 
controls 120V 277V

2WPLD2035R 080083785384 3500 80 2645 23 115 Phase cut 0.19

4WPLD4035R 080083785391 3500 80 4577 43 107 Phase cut 0.35

2WPLD2040R 080083750627 4000 80 2623 24 110 Phase cut 0.20

4WPLD2340R 080083747474 4000 80 2639 24 110 Phase cut 0.20

4WPLD3130R9 080083750634 3000 93 3210 37 88 Phase cut 0.31

4WPLD3140R9 080083747467 4000 93 3422 36 94 Phase cut 0.30

2WPLD2035C 080083750610 3500 80 2476 22 114 0-10V 0.18 0.08

4WPLD4035C 080083750603 3500 80 4460 39 113 0-10V 0.33 0.14

2WPLD2040C 080083801367 4000 80 2543 23 110 0-10V 0.19 0.08

4WPLD4040C 080083749676 4000 80 4603 42 110 0-10V 0.35 0.15

A C C E S S O R I E S
(Order Separately)

HBAYC-CHAIN/SET-U=(2) V-Hanger, 36 in. Chain, S-Hooks
Y-TOGGLE-30=30 in. Suspension Aircraft Cable Kit (specify if another length needed)
2WPLDLNS=2 ft. Replacement Lens
4WPLDLNS=4 ft. Replacement Lens

  Units per
Catalog Base Wt. Pallet

2WPLD 3.4 lbs. 144 

4WPLD 5.9 lbs. 72

SHIPPING DATA

W P L D

PS519208EN
2-6-2018

Specifications and 
dimensions subject to 
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