601-610

Rev. 03 Job Name/Title: Catalog Number
Contractor: Notes:
Conduit Hangers
With Bolt & Nut Attached - Steel
Features
» Assembled with nut and bolt
Applications

e Indoor or outdoor use

« Use to secure and suspend conduit from overhead supports
Standard Material

e Steel

Standard Finish
e Zinc plated
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E174011
Pull Force (Load Rating)
. T Rigid Metal Conduit (RMC) . .
Electrical Metallic Tubing (EMT) Intermediate Metal Conduit (MC) Rigid PVC conduit
. Metric Reference Load Reference Load Reference Load
Trade Size Designator Pull Force (Ibf) Rating () Pull Force (Ibf) Rating (b) Pull Force (Ibf) Rating (b)
/2" 16) 150 50 150 50 150 50
3/4" @n 150 50 150 50 150 50
1 27) 190 60 190 60 160 50
1-1/4" (35) 225 75 225 75 175 55
1-1/2" “n 250 80 250 80 180 60
2" (53) 300 100 300 100 200 65
" 375 125
2-1/2 (63) 375 125 475 160 250 80
. 500 165
3 78) 500 160 875 295 300 100
. 600 200
3-1/2 @n 600 200 125 375 375 125
4" (103) 700 230 700 230 450 150

Catalog Weight/

Number UPC For Rigid Bolt Size Case

601 15830 (0] 3/8" -1/2" 1/2" 1/4" - 20 100 6 1.875 .75 .725 .25
602 15840 1 3/4" 3/4" 1/4" - 20 100 8 2125 .75 .85 .25
603 15850 2 1" 1" 1/4" - 20 100 8 2.437 .875 975 .25
604 15860 3 1-1/4" 1-1/2" 1/4" - 20 100 10 2.75 .875 975 .25
604A 15870 2-1/2 --- 1-1/4" 1/4" - 20 100 10 2.875 .875 1.05 .25
605 15880 4 1-1/2" --- 1/4" - 20 100 18 3.125 1 1125 .25
606 15890 5 2" 2" 1/4" - 20 50 10 3.875 1 1145 .25
607 15900 6 2-1/2" 2-1/2" 5/16" - 18 50 n 4.625 1.25 1.225 .3125
608 15910 7 3" 3" 5/16" - 18 25 6 5.50 1.25 1.275 .3125
609 15920 8 3-1/2" 3-1/2" 5/16" - 18 25 8 5,75 1.25 1.275 3125
610 15930 9 4" 4" 5/16" - 18 25 12 6.25 1.25 1.275 3125
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