Type 3R Wiring Trough

Application
* Designed to protect wiring indoors from dripping
water or outdoors from rain, sleet and snow.

Construction

* Code gauge low carbon steel

* Drip shield top, seam free sides

* Accumulation free bottom

* Casket free slip on cover

* Embossed mounting holes provided

* No knockouts

* Complies with UL 870 Type 3R

* Complies with CSA Type 3R (specify CSA label
when ordering)

Finish

* Grey polyester powder thermoset over phos-
phatized surface

* Optional powder coat colors available

* Mill galvanized available - to order use GRTG

@ “STED @ Specials

e Custom sizes and modifications available

Popular sizes in stock
When ordering always specify depth, height and

length

Size STD User Size STD User
Catalog #  NAED# D"xH"xl”  CTN Weight Price Catalog # NAED#  D'xHx.” CTN Weight Price
4412GRT 1515 14060 4x4x12 1 4 19.44 8848GRT 1515 14321 8x8x48 1 28  120.00
4418GRT 1515 14063 4x4x18 1 5 32.22 8860GRT 1515 14328 8x8x60 1 35  146.66
4424GRT 1515 14070 4x4x24 1 7 31.11 8872GRT 1515 14335 8x8x72 1 42 168.88
4436GRT 1515 14077 4x4x36 1 10 43.33 8896GRT 1515 14340 8x8x96 1 50 22222
4448GRT 1515 14084 4x4x48 1 14 55.55 88120GRT 151514350 8x8x120 1 60 326.66
4460GRT 1515 14091  4x4x60 1 17 66.66 101012GRT 1515 14351 10x10x12 1 12 43.33
4472GRT 1515 14098 4x4x72 1 21 84.44 101024GRT 1515 14424 10x10x24 1 20 102.22
4496GRT 1515 14099  4x4x96 1 33 111.11 101036GRT 1515 14426 10x10x36 1 28 126.66
44120GRT 1515 14100 4x4x120 1 40 137.77 101048GRT 1515 14433 10x10x48 1 37 173.33
6612GRT 1515 14181 6x6x12 1 6 3333 101060GRT 1515 14440 10x10x60 1 45 217.77
6618GRT 1515 14183 6x6x18 1 8 43.33 101072GRT 1515 14447 10x10x72 1 60 248.88
6624GRT 1515 14190 6x6x24 1 1 46.66 101096GRT 1515 14449 10x10x96 1 85 311.11
6636GRT 1515 14197  6x6x36 1 16 64.44 1010120GRT 1515 14450 10x10x120 1 100 415.55
6648GRT 1515 14204 6x6x48 1 21 8222 121212GRT 1515 14451 12x12x12 1 155  84.44
6660GRT 1515 14211  6x6x60 1 26 97.77 121224GRT 1515 14473 12x12x24 1 25 122.22
6672GRT 1515 14218  6x6x72 1 32 113.33 121236GRT 1515 14475 12x12x36 1 35 186.66
6696GRT 1515 14220 6x6x96 1 45  153.33 121248GRT 1515 14482 12x12x48 1 45 213.33
66120GRT 1515 14222 6x6x120 1 53 191.11 121260GRT 1515 14489 12x12x60 1 60 306.66
8812GRT 1515 14295 8x8x12 1 9 46.66 121272GRT 1515 14496 12x12x72 1 70 326.66
8818GRT 1515 14297 8x8x18 1 12 58.66 121296GRT 1515 14498 12x12x96 1 85  400.00
8824GRT 1515 14309 8x8x24 1 15 72.00 1212120GRT 1515 14499 12x12x120 1 110  440.00
8836GRT 1515 14314 8x8x36 1 22 93.33

Prices subject to change without notice
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