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UL Listed <UL1633>

UL Category Code FKHU

CSA Certified

For use see NEC Article 362

Use onlu CANTEX No. 30 ENT Cement with this product
Not plenum roted

Not for exposed applications

May ke used with SCH 40 PVC Couplings and fittings

600 Volt maximum :ANTE)(
Not for direct bury INC.
Minimum installation temperature —4°F (-20°C) FortWorth, TEXAS
Moximum ambient temperature 122°F (30°C) EZ FLEX Type ENT

FT-4 Verticle Flame Test Rated (UL and CSA> Electrical Nonmeztallic Tuking




