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Surface Cable Type Cable Size Cable/Fastener

Wood Non-Metallic 14-2, 12-2, 10-2, 14-3, 12-3 and 10-3 w/ground Max 6

Wood Non-Metallic 8-2 and 6-2 w/ ground Max 4

Metal Stud Metal Clad (MC) 14-2, 12-2, 10-2, 14-3, 12-3, 10-3, 14-4, 12-4 and 10-4 w/ground Max 4

Furring Strip  
and Hat Channel Armored Cable (AC) 12-2, 10-2, 8-2, 14-3, 12-3, 10-3, 14-4, 12-4 and 10-4 w/ground Max 4

Furring Strip and 
Hat Channel Flexible Conduit (BX) 5⁄16” and 3⁄8” Max 4

Metal Stud  
(Canada only)

Non-Metallic 
Sheathed Cable 14-4, 12-2, 10-2, 14-3, 12-3, and 10-3 w/ground Max 4

UPC/Part Number Catalog Number Description Box Qty.

79903862843 BRCJ Up to 3/4" FMC 100

Follow us on social media to get the  
latest product and support information.


