m ELITE Series NEW LED A19 Alamps

o Incandescent MOL Diomefer Case Endosed/ Energy
ltem # Description Voliage ~ Watt (Xynum?s% . lumens  LPW (T QU (inches) (inches) Quantity mﬁ;‘uhe a'u“'ﬁ Replaces
40W Equivalent Options
6W A19 A-Lamp - Non Dimmable - 15,000 Hours Rated Life
L6ATINT550K  6W Non Dimmable A-Lamp - 5000K 120 6 40 525 875 5000k 80 40 122 12 Y Y LED5AT950K
60W Equivalent Options
9W A19 A-Lamp - DIMMABLE - 25,000 Hours Rated Life
L9AT9D2527K 9W Dimmable A-Lamp - 2700K 120 9 60 800 889 2700k 80 43 24 12 Y Y I[EB} gﬁ} 33(2)%”
L9AT9D2530K 9W Dimmable A-Lamp - 3000K 120 9 60 825 917 3000k 80 43 24 12 Y Y I[EB} gﬁ} 332&?%
L9ATID2541K 9W Dimmable A-Lamp - 4100K 120 9 60 850 944 4100k 80 43 24 12 Y Y  LEDIOAT9DOD4IK
LEDTOATID4TK
9W A19 A-Lamp - DIMMABLE - 15,000 Hours Rated Life
L9AT9D1527K24  9W Dimmable A-Lamp - 2700K 24PK 120 9 60 800 889 2700k 80 43 24 2 Y Y
L9ATID1527K 9W Dimmable A-Lamp - 2700K 120 9 60 800 889 2700k 80 43 24 12 Y Y  LED9AT9D27K
L9AT9D1530K 9W Dimmable A-Lamp - 3000K 120 9 60 825 917 3000k 80 43 24 12 Y Y  LED9AT9D30K
L9AT9DT541K ~ 9W Dimmable A-Lamp - 4100K 120 9 60 850 944 4100k 80 43 24 12 Y Y  LED9AT9D41K
L9ATIDT550K 9W Dimmable A-Lamp - 5000K 120 9 60 850 944 5000k 80 43 24 12 Y Y LED9AT9D50K
9W A19 A-Lamp - Non Dimmable - 15,000 Hours Rated Life
LOATINTS27K 9W Non Dimmable A-Lamp - 2700K 120 9 60 800 889 2700k 80 44 24 12 Y Y I[Eg;?\%g?l?ﬂl(
L9ATIN1530K  9W Non Dimmable A-Lamp - 3000K 120 9 60 825 917 3000k 80 44 24 12 Y Y I[Eg;gllléggl[(BOK
LIATINT 541K 9W Non Dimmable A-Lamp - 4100K 120 9 60 850 944 4100 80 44 24 12 Y Y tEB;g/i\;Z?I[(M]K
L9ATINT550K 9W Non Dimmable A-Lamp - 5000K 120 9 60 875 97.2 5000 80 44 24 12 Y Y  LEDT0AT90D50K
LED9AT950K
75W Equivalent Options
11W A19 A-Lamp - DIMMABLE - 25,000 Hours Rated Life
LITAT9D2527K  T1W Dimmable A-Lamp - 2700K 120 11 75 1150 1045 2700k 80 46 24 12 Y Y  LEDI3A21DOD27K
100W Equivalent Options
16W A19 A-Lamp - Non Dimmable - 15,000 Hours Rated Life
L16ATIN1527K  16W Non Dimmable A-Lamp - 2700K 120 16 100 1600 100.0 2700K 80 46 25 12 Y Y LEDI5A2127K
L16AT9N1541K  T6W Non Dimmable A-Lamp - 4100K 120 16 100 1650  103.1 4100k 80 46 25 12 Y Y  LEDI5A2141K
L16AT9NT550K  T6W Non Dimmable A-Lamp - 5000K 120 16 100 1675 1047 5000 80 46 25 12 Y Y  LED15A2150K
100W Equivalent Options
15W A19 A-Lamp - DIMMABLE - 25,000 Hours Rated Life
L15A19D2527K  15W Dimmable A-Lamp - 2700K 120 15 100 1600 1100 2700K 80 46 25 12 Y Y tEB} gﬁ%} gg%m
L15A19D2541K  15W Dimmable A-Lamp - 4100K 120 15 100 1650 110.0 4100k 80 46 25 12 Y Y tEB} gﬁ%} ggﬂl(ﬂK
L15A19D2550K  15W Dimmable A-Lamp - 5000K 120 15 100 1675 1117 5000k 80 46 25 12 Y Y  LED18A21DOD50K
LED16A21D50K
WARRANTIES and CERTIFICATIONS Specification Notes:
. R 55 ; _ All Energy Star rated products meet
WARRANTY* WARRANTY* i \ | the new Energy Star 2.0 spec
25,000 Hour lamps 15,000 Hour Lomps { b | for light distribution
“Based on 12 hours use per day \ h - Vapor fight or jelly jor applications
\ ‘ may reduce life
@~ RoHS & ¥ ¥ = =
COMPLIANT L6ATINTS L9A19D25 L9ATINTS L1TAT9D25 L16AT9N15 For the most up-to-date specs,
L9A19D15 L15A19D25 please visit www.fcpi.com
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